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The Weller WCTH Storage Unit keeps Weller Cartridge Tips easily accessible, tips stored safely, and the workbench organized. 
The tip holder is compatible for all Weller Active RT Tips (Cartridge Tips).

KEY FEATURES

> FULL VISIBLE
 All soldering tips are placed upright and therefore fully   
 visible with tip styles and sizes.

> CLEARED UP
 Your workbench is clean and organized with the 
 WCTH storage device. Up to 16 active Weller RT soldering  
 tips can be handled.

> SAFELY STORED
 Place your preferred tips and your hot soldering tips   
 always in the same order to handle your jobs safely and   
 correctly. 

> COMPATIBLE
 All Weller active RT Tip Series can be stored. 

> ESD SAFE
 The WCTH tip holder is fully ESD safe

> DIMENSION
 L x W x H 9,0 x 6,5 x 4,8 cm

WCTH 
TIP HOLDER 
KEEPS YOUR 

WORKBENCH CLEAN
ORDER NO: T0053450299
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KEY FEATURES

Weller’s WCU is a compact stand-alone high-precision temperature measurement device for quick and accurate temperature 
measurement. The WCU unit is strategically designed for users that need to measure fast and easy, while maintaining the 
highest level of accuracy. It comes with a large, non-backlite display.

WCU 
HIGH-PRECISION TEMPERATURE 

MEASUREMENT DEVICE
ORDER NO: T0053450199

> HIGH-PRECISION TEMPERATURE MEASUREMENT DEVICE 
 Quick and accurate temperature measurements

> INTUITIVE NAVIGATIION      
 Digital display for fast temperature unit change between °C and °F,  
 and other functionalities. Values are easily readable from the large  
 non-backlite display.

> FAST AND EASY MEASUREMENT     
 Effortlessly auto-calibrate in less than 10 seconds, ensuring the  
 operator can focus on the important soldering task with a precise  
 temperature for best productivity. 
 The Auto-Calibration function can be used with: 
 WX 1, WX 2, WXD 2, WXA 2, WXR 3, WXsmart
 NOTE: For the Auto-Calibration function a RS 232 cable 
 (order number: T0058764710) needs to be purchased separately

> HIGH-MOBILITY
 The compact designed, battery-powered Weller High Precision  
 Temperature Measurement Device can easily be shared between  
 different workstations

> SIMULTANEOUS USE OF THERMOCROSS AND THERMOCOUPLE 
 Keep track of soldering tip and soldering bath temperatures  
 simultaneously
 (Weller Thermocouple Type K Ø 0,1 mm T0058755782)
 (Weller Thermocouple Type K Ø 0,5 mm T0053119099)

> TEMPERATURE MEASUREMENT COUNT FUNCTION
 Number of tip temperature measurement will be automatically  
 counted. This function can be useful for control of changing sensor.

> MAX HOLD FUNCTION
 The WCU display will show/hold the maximum temperature  
 measured.

TECHNICAL DATA WCU
Temperature measuring range Thermocross 

 0°C – 400°C 32°F – 752°F

Temperature measuring range Type-K/Thermocouple 
150°C – +1200°C 302 °F – +2192 °F

Applicable sensor 
K (CA) type thermocouple

Measuring tolerance 
±3 °C (between 300 and 600 °C) ±6 °F (between 572 and 1112 °F)

Energy supply  
9 V Dry battery Alkaline cell recommended. 

Recommended battery Ansmann XPower alkaline battery 9V E-block

Dimensions 
L x W x H 138 x 73 x 43 mm

Weight 
120 g (Without battery)

Ambient temperature
0 °C – 40 °C

Air humidity range 
max. 80% Relative air humidity, without condensation

Ambient conditions 
Applicable pollution degree 2 (According to IEC/ UL61010-1)

> LOW ENERGY CONSUMPTION
 Auto Turn-off Timer saves battery life shutting down the unit’s power   
 after 10 mins without use. 
 Different grounding possibilities, ex works = hard grounding

> WCU REPLACEMENT SENSOR
 0 pcs. T0058771712

> ESD Safe
 The Weller WCU Temperature Measurement Device is fully ESD safe
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Les bracelets de mise à la terre ESD de Weller sont faciles à régler et convainquent par leur grand confort de port 
au poignet. De l‘argent antibactérien utilisé dans le bracelet assure un haut niveau d‘hygiène, et les bracelets ESD sont 
également lavables. Les intégrations argent/carbone garantissent une dissipation optimale des charges électriques et une 
manipulation appropriée des composants électroniques sensibles. Le kit est composé d‘un bracelet de poignet et d‘un câble 
spiralé.

TAILLE RÉGLABLE 
 bracelet confortable, la taille est 

facilement réglable si besoin

ANTISTATIQUE
empêche la formation et la transmission 
d‘électricité statique dans les environnements secs

PROTECTION MAXIMALE 
contacts conducteurs sur 360 degrés, avec argent 
et carbone pour plus de conductivité 
( Résistance 1m ohm)

TESTÉ 
conformément à BGI 818: 2001 – 
bracelet et cordon en spirale

SÉCURITÉ 
Connecteur à pression sécurisé pour une sécurité maximale 
quand l‘outil est branché au tapis de soudure. Impossible 
de le rdéconnecter rapidement et par mégarde

HYGIÉNIQUE 
lavable, avec argent antibactérien 

FLEXIBLE 
2,4 m de long (cordon en spirale) 

KIT BRACELET DE 
MISE À LA TERRE 
ANTISTATIQUE ESD

Pour plus d‘informations: www.weller-tools.com

N° de commande : T0051403899 
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 > ANTISTATIQUE ; EMPÊCHE L'APPARITION ET LE 
TRANSFERT D'ÉLECTRICITÉ STATIQUE DANS LES 
ENVIRONNEMENTS SECS

 > TAILLE RÉGLABLE ; DRAGONNE CONFORTABLE, 
FACILEMENT AJUSTABLE À LA TAILLE REQUISE

 > TESTÉ : SELON BGI 818: 2001 - BRACELET ET 
CÂBLE SPIRALÉ)

 > FLEXIBLE : LONGUEUR DE 2,4 M (CÂBLE 
SPIRALÉ) 

 > HYGIÉNIQUE : LAVABLE, AVEC ARGENT 
ANTIBACTÉRIEN 

 > PROTECTION MAXIMALE ; CONTACT 
CONDUCTEUR À 360 DEGRÉS, AVEC ARGENT 
ET CARBONE POUR UNE MEILLEURE 
CONDUCTIVITÉ (CÂBLE SPIRALÉ : 1 M OHM)

 > SÉCURITÉ : BOUTON-POUSSOIR À ACTIONNEMENT 
DIFFICILE POUR UNE PROTECTION MAXIMALE DE 
LA CONNEXION AU TAPIS DE SOUDAGE. AUCUNE 
POSSIBILITÉ DE RETRAIT OU D'ARRACHEMENT 
RAPIDE ET INVOLONTAIRE

KIT BRACELET DE 
MISE À LA TERRE 
ANTISTATIQUE ESD
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ANTISTATIQUE

POIDS IN G / OZ 40 / 1.411

BRACELET ANTISTATIQUE ESD

BRACELET ET CORDON EN SPIRALE BGI 818

CORDON EN SPIRALE 2.4m
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SPÉCIFICATIONS  TECHNIQUES


