
















Designation: 
UK  5-HESI 
 
Short description: 
 
 
Long description: 
Fuse terminal block for cartridge fuse insert, 
cross section: 0.2 - 4 mm², AWG: 26 - 10, 
width: 8.2 mm, color: black 
 
Technical data: 
 
General: 
Number of levels:                                1 
Number of connections:                           2 
Color:                                       black 
Insulating material:                            PA 
Inflammability class acc. to UL 94:             V2 
 
Dimensions: 
Width:                                      8.2 mm 
Length:                                    72.5 mm 
Height NS 35/7,5:                          56.5 mm 
Height NS 35/15:                             64 mm 
Height NS 32:                              61.5 mm 
 
Technical data: 
Fuse:                 G / 5 x 20 / 5 x 25 / 5 x 30 
Fuse type:                                   Glass 
Rated surge voltage:                          6 kV 
Contamination class:                             3 
Surge voltage category:                        III 
Insulating material group:                       I 
Connection in acc. with standard:     IEC/ DIN VDE 
Nominal current In:                          6.3 A 
Nominal voltage Un:                          800 V 
 
Connection data: 
Min. conductor cross section, rigid:       0.2 mm² 
Conductor cross section, rigid max.:         4 mm² 
Conductor cross section flexible min.:     0.2 mm² 
Max. conductor cross section, flexible:      4 mm² 
Min. conductor cross section AWG/kcmil:         24 
Conductor cross section AWG/kcmil max:          12 
Min. conductor cross section, flexible, with 
ferrule with plastic sleeve:              0.25 mm² 
Conductor cross section flexible, with ferrule 
without plastic sleeve max.:                 4 mm² 
Conductor cross section flexible, with ferrule 
with plastic sleeve min.:                 0.25 mm² 
Max. conductor cross section, flexible, with 
ferrule with plastic sleeve:                 4 mm² 
2 conductors with same cross section, solid min.: 
                                           0.2 mm² 
2 conductors with same cross section, solid max.: 
                                           1.5 mm² 
2 conductors of the same cross section, flexible, 
min.:                                      0.2 mm² 
2 conductors with same cross section, flexible 
max.:                                      1.5 mm² 
2 conductors of the same cross section, flexible, 
ferrules without plastic sleeve, min.:    0.25 mm² 
2 conductors with identical cross section, 
flexible, ferrules with plastic sleeve, max.: 
                                           1.5 mm² 
2 conductors of the same cross section, flexible, 
TWIN ferrules with plastic sleeve, min.:   0.5 mm² 
2 conductors with identical cross section, 
flexible TWIN ferrules with plastic sleeve, max.: 
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                                           1.5 mm² 
Type of connection:               Screw connection 
Stripping length:                             8 mm 
Screw thread:                                  M 3 
Tightening torque, min:                     0.5 Nm 
 
Order data: 
Manufacturer:                      Phoenix Contact 
Type:                                   UK  5-HESI 
Order number:                           30 04 10 0 
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Bezeichnung: 
UK  5-HESI 
 
Kurzbeschreibung: 
 
 
Langtext: 
Sicherungsklemme für G-Sicherungseinsatz, 
Querschnitt: 0,2-4 mm², AWG: 26-10, Breite: 
8,2 mm, Farbe: schwarz 
 
Technische Daten: 
 
Allgemein: 
Anzahl der Etagen:                               1 
Anzahl der Anschlüsse:                           2 
Farbe:                                     schwarz 
Isolierstoff:                                   PA 
Brennbarkeitsklasse nach UL 94:                 V2 
 
Maße: 
Breite:                                     8,2 mm 
Länge:                                     72,5 mm 
Höhe NS 35/7,5:                            56,5 mm 
Höhe NS 35/15:                               64 mm 
Höhe NS 32:                                61,5 mm 
 
Technische Daten: 
Sicherung:            G / 5 x 20 / 5 x 25 / 5 x 30 
Art der Sicherung:                            Glas 
Bemessungsstoßspannung:                       6 kV 
Verschmutzungsgrad:                              3 
Überspannungskategorie:                        III 
Isolierstoffgruppe:                              I 
Anschluss gemäß Norm:                 IEC/ DIN VDE 
Nennstrom In:                                6,3 A 
Nennspannung Un:                             800 V 
 
Anschlußdaten: 
Leiterquerschnitt starr min:               0,2 mm² 
Leiterquerschnitt starr max:                 4 mm² 
Leiterquerschnitt flexibel min:            0,2 mm² 
Leiterquerschnitt flexibel max:              4 mm² 
Leiterquerschnitt AWG/kcmil min:                24 
Leiterquerschnitt AWG/kcmil max:                12 
Leiterquerschnitt flexibel m. Aderendhülse ohne 
Kunstoffhülse min:                        0,25 mm² 
Leiterquerschnitt flexibel m. Aderendhülse ohne 
Kunstoffhülse max:                           4 mm² 
Leiterquerschnitt flexibel m. Aderendhülse m. 
Kunststoffhülse min:                      0,25 mm² 
Leiterquerschnitt flexibel m. Aderendhülse m. 
Kunststoffhülse max:                         4 mm² 
2 Leiter gleichen Querschnitts starr min:  0,2 mm² 
2 Leiter gleichen Querschnitts starr max:  1,5 mm² 
2 Leiter gleichen Querschnitts flexibel min: 
                                           0,2 mm² 
2 Leiter gleichen Querschnitts flexibel max: 
                                           1,5 mm² 
2 Leiter gleichen Querschnitts flexibel m. AEH 
ohne Kunststoffhülse min:                 0,25 mm² 
2 Leiter gleichen Querschnitts flexibel m. AEH 
ohne Kunststoffhülse max:                  1,5 mm² 
2 Leiter gleichen Querschnitts flexibel m.TWIN-AEH 
mit Kunststoffhülse min:                   0,5 mm² 
2 Leiter gleichen Querschnitts flexibel m.TWIN-AEH 
mit Kunststoffhülse max:                   1,5 mm² 
Anschlussart:                     Schraubanschluss 
Abisolierlänge:                               8 mm 
Schraubengewinde:                              M 3 
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Anzugsdrehmoment min:                       0,5 Nm 
 
Bestellangaben: 
Fabrikat:                          Phoenix Contact 
Typ:                                    UK  5-HESI 
Art-Nr:                                 30 04 10 0 
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