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USB cable 2 X 0.14 mm² 10 meters Black 
 

 

 

Technical data 

Material of the jacket: PVC 4.5mm 
Conductor resistance (Ohm/km): Max 0.6 ohm/m 
Insulation resistance: Min 200M ohm x km 
Withstanding voltage: 5V / DC 
Operating temperature: -20 to +70 C 
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Item Specifications Conductor 

Braid shield 0.1*32 ALMG 

Drain wire 28AWG*1C: 0.12*7 CCA 

Power wire 28AWG*1C: 0.12*7 CCA 

Twist wire 28AWG*1C: 0.12*7 CCA 

 

 

Item no.  USB 2.0 Cable 10M 

Jacker, outer dimensions PVC 4.5mm 

Length 10 meters 

No. of conductors 7 x 0.12 mm 

Strand per conductor 0.08 sqmm 

Colour Black 

Material CCA 

Packaging 10 meters/black spool 

 


