
SPORT 25

Q U I C K  S T A R T  G U I D E

S O L A R KIT
KIT PANNEAU SOLAIRE | KIT PANEL SOLAR
KIT PANELLO SOLARE | SOLARPANEL KIT

FALCON 7
Fully unfold your Falcon 7 and
position with the panels     directly
facing the Sun (45 degrees is usually 
the optimum angle). Readjust every
couple of hours to follow the Sun. 

Keep the panels clean and not in
shadow for optimum performance. 

You can hang up your Falcon 7
using the eyelets     and the
included carabiners. 

To charge your devices, select the 
appropriate cable, or use the 
USB cable that came with your 
device, and plug it into the 
USB port      inside the pocket     . 

The LED      inside the pocket will
be solid on when your device is 
charging. Reclose the port cover
when finished to protect the ports.

SPORT 25: POWER PACK

• Power pack with 6700mAh /24.8Wh

• Rugged design, IP67 rating (dustproof, waterproof)
• Integrated 150 Lumens torch with SOS settings
• 1x USB-C input/output: 5V /3A Max
• 1x USB output: 5V /2A quick charge
• 4 LED battery charge indicator
• Weight: 187g

• Size: 105mm x 50mm x 30mm

FALCON 7: FOLDABLE SOLAR PANEL

• 7W Foldable Solar Panel

• 

• 4x Metal eye-holes to attach solar panel to backpack

• Splash-proof (IPX4)

• Rugged polyester fabric

• 1x USB output: 5V /1.4A Max

• LED indicator

• Weight: 230g

• Size:  157mm x 179mm x 11mm (folded) 
498mm x 179mm x 3mm (unfolded)

KIT INCLUDES:

QUICK START GUIDE:

SPORT 25
To turn on the Sport 25, press 
the power button (1. 

To turn on / o� the torch, press 
and hold the power button. 
Double-pressing turns on/o� 
the SOS mode. 

To charge the Sport 25, plug the 
supplied USB-C cable into the USB-C 
port (3 and connect to a USB port, 
mains electricity or the Falcon 7. 
To charge your devices, plug the
appropriate cable into either the
USB-C port (3 or USB port (4 and 
connect your device. 

The LEDs 5) show the charge level 
of the device in 25% increments.
If the first LED is flashing, please 
recharge the Sport 25. If all LEDs
are solid on, the Sport 25 is 
fully charged. 

PART CODE: PTL-SPK025
EAN CODE: 5060 1769 8469 1
UPC: 648499643874

WWW.POWERTRAVELLER.COM

• 7W Foldable Solar Panel

• Sport 25 Power Pack

•

 

1x USB-C to USB cable (1m)

• 1x Female USB-C to Micro USB adapter

• 2x Carabiners

SPECIFICATIONS:

SPORT 25

FALCON 7

FALCON 7



S P O R T  2 5
T r y c k  p å  s t a r t k n a p p e n  ( 1  f ö r  a t t  s t a r t a  d i n  S p o r t  2 5 .

T r y c k  o c h  h å l l  i n n e  s t a r t k n a p p e n  f ö r  a t t  s t a r t a / s t ä n g a  a v
f a c k l a    .  D u b b e l k l i c k a  f ö r  a t t  s t a r t a / s t ä n g a  a v  S O S - l ä g e t .

F ö r  a t t  l a d d a  S p o r t  2 5 - e n h e t e n  a n s l u t e r  d u  d e n
m e d f ö l j a n d e  U S B - C - k a b e l n  t i l l  U S B - C - p o r t e n  ( 3  o c h  
a n s l u t e r  d e n  t i l l  e n  U S B - p o r t ,  e l n ä t e t  e l l e r  t i l l  F a l c o n  7 .

F ö r  a t t  l a d d a  d i n  e n h e t ,  a n s l u t e r  d u  d e n  m e d  e n  l ä m p l i g  
k a b e l  t i l l  U S B - C - p o r t e n  ( 3  e l l e r  U S B - p o r t e n  ( 4 .

L E D - l a m p o r n a  ( 5  k o m m e r  a t t  v i s a  e n h e t e n s  
l a d d n i n g s n i v å  i  s t e g  o m  2 5 % .  O m  d e n  f ö r s t a  L E D - l a m p a n  
b l i n k a r ,  v ä n l i g e n  l a d d a  S p o r t  2 5 .  O m  a l l a  L E D - l a m p o r  
h a r  e t t  f a s t  s k e n  ä r  S p o r t  2 5  f u l l a d d a d .

F A L C O N  7
V e c k l a  u t  d i n  F a l c o n  7  h e l t  o c h  p l a c e r a  p a n e l e r n a  ( 1  
d i r e k t  m o t  s o l e n  ( 4 5  g r a d e r  ä r  v a n l i g t v i s  d e n  o p t i m a l a  
v i n k e l n ) .  J u s t e r a  e f t e r  e t t  p a r  t i m m a r  u n d e r  h e l a  
d a g e n  o c h  s e  t i l l a t t  f ö l j a  s o l e n .

S P O R T  2 5
U m  d e n  S p o r t  2 5  e i n z u s c h a l t e n ,  d r ü c k e n  S i e  d i e  
P o w e r - T a s t e  ( 1 .

U m  d i e  T a s c h e n l a m p e  ( 2  e i n - / a u s z u s c h a l t e n ,  d r ü c k e n
u n d  h a l t e n  S i e  d i e  P o w e r - T a s t e .  D o p p e l t e s  D r ü c k e n  
s c h a l t e t  d e n  S O S - M o d u s  e i n / a u s .

U m  d e n  S p o r t  2 5  a u f z u l a d e n ,  s t e c k e n  S i e  d a s  
m i t g e l i e f e r t e  U S B - C - K a b e l  i n  d e n  U S B - C - A n s c h l u s s  
( 3  u n d  v e r b i n d e n  S i e  e s  m i t  e i n e m  U S B - A n s c h l u s s ,  
d e m  e l e k t r i s c h e n  N e t z a n s c h l u s s  o d e r  d e m  F a l c o n  7 .

U m  I h r  G e r ä t  a u f z u l a d e n ,  s t e c k e n  S i e  d a s  p a s s e n d e
K a b e l  e n t w e d e r  i n  d e n  U S B - C - A n s c h l u s s  3 )  o d e r  
U S B - A n s c h l u s s  ( 4  u n d  s c h l i e ß e n  S i e  I h r  G e r ä t  a n .

D i e  L E D s  ( 5  z e i g e n  d a s  L a d u n g s n i v e a u  d e s  G e r ä t s  
i n  2 5 - % - S t e i g e r u n g e n .  W e n n  d i e  e r s t e  L E D  b l i n k t ,  
l a d e n  S i e  d e n  S p o r t  2 5  b i t t e  n e u  a u f .  W e n n  a l l e  L E D  
d u r c h g ä n g i g  l e u c h t e n ,  i s t  d e r  S p o r t  2 5  v o l l  a u f g e l a d e n .

F A L C O N  7
E n t f a l t e n  S i e  I h r e n  F a l c o n  7  v o l l s t ä n d i g  u n d  
p o s i t i o n i e r e n  S i e  i h n  m i t  d e n  S o l a r p a n e l s  ( 1  d i r e k t  
i n  R i c h t u n g  d e r  S o n n e  ( 4 5  G r a d  i s t  i m  A l l g e m e i n e n  
d e r  o p t i m a l e  W i n k e l ) .  R i c h t e n  S i e  i h n  a l l e  p a a r  
S t u n d e n  n e u  a u s ,  u m  d e r  S o n n e  z u  f o l g e n .

H a l t e n  S i e  d i e  S o l a r p a n e l s  s a u b e r  i n  u n d  l a s s e n  S i e  
k e i n e n  S c h a t t e n  d a r a u f  f a l l e n  f ü r  o p t i m a l e  L e i s t u n g .

S P O R T  2 5
P e r  a c c e n d e r e  S p o r t  2 5 ,  p r e m e r e  i l  p u l s a n t e  
d i  a c c e n s i o n e  ( 1 .

P e r  a c c e n d e r e  o  s p e g n e r e  l a  t o r c i a    ,  t e n e r e  p r e m u t o  i l  
p u l s a n t e  d i  a c c e n s i o n e .  P r e m e n d o  d u e  v o l t e ,  
s i  a t t i v a  o  d i s a t t i v a  l a  m o d a l i t à  S O S .

P e r  c a r i c a r e  S p o r t  2 5 ,  i n s e r i r e  i l  c a v o  U S B - C  i n  
d o t a z i o n e  n e l l a  p o r t a  U S B - C  ( 3  e  c o l l e g a r l o  a  u n a  
p o r t a  U S B ,  a l l a  r e t e  e l e t t r i c a  o  a  F a l c o n  7 .

P e r  c a r i c a r e  i  d i s p o s i t i v i ,  i n s e r i r e  i l  c a v o  c o r r e t t o
n e l l a  p o r t a  U S B - C  ( 3  o  U S B  ( 4  e  c o l l e g a r e  i l  d i s p o s i t i v o .

I  L E D  ( 5  m o s t r e r a n n o  i l  l i v e l l o  d i  c a r i c a  d e l  
d i s p o s i t i v o  i n  i n c r e m e n t i  d e l  2 5 % .  S e  i l  p r i m o  L E D
l a m p e g g i a ,  r i c a r i c a r e  S p o r t  2 5 .  S e  t u t t i  i  L E D  s o n o
fi s s i ,  S p o r t  2 5  è  c o m p l e t a m e n t e  c a r i c o .

F A L C O N  7
A p r i r e  c o m p l e t a m e n t e  F a l c o n  7  e  p o s i z i o n a r l o  c o n  i  
p a n n e l l i  ( 1  r i v o l t i  d i r e t t a m e n t e  v e r s o  i l  s o l e  ( i n  g e n e r e  
l ’ a n g o l a z i o n e  o t t i m a l e  è  4 5  g r a d i ) .  A g g i u s t a r l o  
n u o v a m e n t e  o g n i  d u e  o r e  c i r c a  p e r  s e g u i r e  i l  s o l e .

P e r  u n a  p r e s t a z i o n e  o t t i m a l e ,  n o n  o s t r u i r e  i  p a n n e l l i  
e  n o n  c o l l o c a r l i  a l l ’ o m b r a . F a l c o n  7  p u ò  e s s e r e  a p p e s o  
u t i l i z z a n d o  g l i  o c c h i e l l i  ( 2  e  i  m o s c h e t t o n i  i n  d o t a z i o n e .

P e r  c a r i c a r e  i  d i s p o s i t i v i ,  s c e g l i e r e  i l  c a v o  a d a t t o ,  o p p u r e  

u s a r e  i l  c a v o  U S B  i n  d o t a z i o n e  c o n  i l  p r o p r i o  d i s p o s i t i v o  e  
i n s e r i r l o  n e l l a  p o r t a  U S B  ( 3  a l l ’ i n t e r n o  d e l l a  t a s c a  ( 4 .

I l  L E D  ( 5  a l l ’ i n t e r n o  d e l l a  t a s c a  s a r à  i l l u m i n a t o  d i  
l u c e  r o s s a  m e n t r e  i l  d i s p o s i t i v o  è  i n  c a r i c a .  R i c h i u d e r e  
l a  p r o t e z i o n e  d e l l e  p o r t e  ( 6  u n a  v o l t a  t e r m i n a t o .

S P O R T  2 5
S c h a k e l  d e  S p o r t  2 5  i n  m e t  d e  a a n / u i t k n o p  ( 1 .

H o u d  d e z e  k n o p  i n g e d r u k t  o m  d e  z a k l a m p      i n  o f  u i t
t e  s c h a k e l e n .  U  k u n t  d e  S O S - m o d u s  i n -  o f  u i t s c h a k e l e n  
d o o r  t w e e m a a l  o p  d e z e  k n o p  t e  d r u k k e n .

U  k u n t  d e  S p o r t  2 5  o p l a d e n  d o o r  d e  m e e g e l e v e r d e  
U S B - C - k a b e l  o p  d e U S B - C - p o o r t  ( 3 ,  e e n  U S B - p o o r t ,  d e  
n e t v o e d i n g  o f  d e  F a l c o n  7  a a n  t e  s l u i t e n .

U  k u n t  u w  a p p a r a t e n  o p l a d e n  d o o r  d e  b i j b e h o r e n d e  
k a b e l  o p  d e  U S B - C - p o o r t  ( 3  o f  d e  U S B - p o o r t  ( 4  a a n  t e
s l u i t e n  e n  u w  a p p a r a a t  a a n  t e  s l u i t e n .

D e  L E D - l a m p j e s  ( 5  g e v e n  d e  o p l a a d s t a t u s  v a n  h e t  
a p p a r a a t  a a n  i n  s t a p p e n  v a n  2 5 % .  A l s  h e t  e e r s t e  
L E D - l a m p j e  k n i p p e r t ,  m o e t  u  d e  S p o r t  2 5  o p l a d e n .  
W a n n e e r  a l l e  L E D - l a m p j e s  o n o n d e r b r o k e n  b r a n d e n ,
i s  d e  S p o r t  2 5  v o l l e d i g  o p g e l a d e n .

F A L C O N  7
K l a p  u w  F a l c o n  7  o p e n  e n  p l a a t s  d e z e  m e t  d e  p a n e l e n  ( 1  
n a a r  d e  z o n  g e r i c h t  ( 4 5  g r a d e n  i s  m e e s t a l  d e  o p t i m a l e  

h o e k ) .  P a s  d e  p o s i t i e  e l k e  p a a r  u u r  a a n  m e t  d e  z o n  m e e .
H o u d  d e  p a n e l e n  s c h o o n  e n  l a a t  z e  n i e t  i n  d e  s c h a d u w  
s t a a n  v o o r  o p t i m a l e  p r e s t a t i e s .

U  k u n t  u w  F a l c o n  7  o p h a n g e n  a a n  d e  r i n g s c h r o e v e n  
( 2  e n  d e  m e e g e l e v e r d e  k a r a b i j n h a k e n .

U  k u n t  u w  a p p a r a t e n  o p l a d e n  m e t  d e  b i j b e h o r e n d e  k a b e l  
o f  U S B - k a b e l  v a n  h e t  a p p a r a a t .  S l u i t  d e z e  a a n  o p  d e  
U S B - p o r t  ( 3  i n  d e  z a k  ( 4 .

H e t  L E D - l a m p j e  ( 5  i n  d e  z a k  z a l  o n o n d e r b r o k e n  b r a n d e n  
w a n n e e r  u w  a p p a r a a t  w o r d t  o p g e l a d e n .  S l u i t  h e t  
p o o r t a f d e k p l a a t j e  ( 6  w a n n e e r  u  k l a a r  b e n t  o m  
d e  p o o r t e n  t e  b e s c h e r m e n .

SPORT  25
Sport  25  の電源を入れるには、電源ボタン (1 を押します。
電源ボタンを長押しすると     、懐中電灯のオン/オフ
の切り替えができます。二度押しすると SOS  モードのオ
ン/オフの切り替えができます。Sport  25  を充電するには、
付属の USB -C  ケーブルを USB -C  ポート(3  に繋ぎ、
USB  ポート、電源、または Fa l con  7  に差し込みます。

機器を充電するには、適切なケーブルを USB-C  ポート (3
または USB ポート (4  に差し込んで、機器に接続します。

LED  ライト (5  は充電量を示し、25% ごとに増えていき
ます。最初の LED  ライトが点滅したら、Spor t  25  
を充電してくださいすべての LED  ライトが点灯したら、
Spor t  25  の充電が完了したことを示します。

FALCON  7
Fa lcon  7  を全開にして、パネル (1  に直射日光を当てます 
(通常 45  度が最適な角度です)。

太陽の動きに合わせて数時間ごとに向きを調節してください。

最適な性能を得るために、   パネルは清潔に保ち、
陰が入らないようにしてください。

穴 (2  に付属のカラビナを通して Fa l con  7  を吊るすこと
ができます。機器の充電を行う場合は、適切なケーブル、
あるいは機器に付属している USB  ケーブルをポケット 
(4  の中にある USB  ポート (3  に差し込んでください。
機器の充電中は、ポケットの中の LED  ライト (5  
が点灯します。ポートを保護するために、
充電完了後はポートカバー (6  を閉じてください。

SPORT 25
如需打开 Sport 25，按电源键 (1。

如需打开/关闭手电筒，长按电源键。按两次，
打开/关闭 SOS 模式。

如需给 Sport25 充电，将随机附带的 USB-C 线缆插入
USB-C 端口 (3 同时连接至 USB 端口、
供电电源或者 Falcon 7。

如需给您的设备充电，将相应的线缆插入 USB-C 端口 
(3 或者 USB 端口 (4，同时连接您的设备。

LED (5 以 25% 的增量显示设备的充电量。如果第一个 
LED 闪烁，请对 Sport 25 重新充电。如果所有 LED
常亮，Sport 25 已充满电。

FALCON 7
完全打开您的 Falcon 7，放置于面板 (1 上，
保持阳光直射（通常最佳角度为 45 度）。
每隔几个小时重新调节一次，以保持阳光直射。

确保面板清洁且无阴影，以获得最佳效果。

您可以使用孔眼 (2 和内置钩环将 Falcon 7 挂起来。

如需给设备充电，选择合适的线缆或者使用设备自带的 
USB 线，然后将其插入口袋 (4 内的 USB 端口 (3。

设备充电时，口袋内的 LED (5 常亮。充电完成后，
重新关闭端口盖子 (6，以保护端口。

S P O R T  2 5
P a r a  e n c e n d e r  e l  S p o r t  2 5 ,  p u l s e  e l  b o t ó n  d e  
e n c e n d i d o  ( 1 .

P a r a  e n c e n d e r  o  a p a g a r  l a  l i n t e r n a      ,  m a n t e n g a  
p u l s a d o  e l  b o t ó n  d e  e n c e n d i d o .  A l  p u l s a r  d o s  v e c e s  
s e  e n c e n d e r á  o  a p a g a r á  e l  m o d o  S O S .

P a r a  c a r g a r  e l  S p o r t  2 5 ,  e n c h u f e  e l  c a b l e  U S B - C  q u e  
v i e n e  i n c l u i d o  e n  e l  p u e r t o  U S B - C  ( 3  y  c o n é c t e l o  a  u n  
p u e r t o  U S B ,  a  l a  c o n e x i ó n  e l é c t r i c a  o  a l  F a l c o n  7 .

P a r a  c a r g a r  s u s  d i s p o s i t i v o s ,  e n c h u f e  e l  c a b l e  
a p r o p i a d o  e n  e l  p u e r t o  U S B - C  ( 3  o  e n  e l  p u e r t o  U S B  
( 4  y  c o n é c t e l o  a  s u  d i s p o s i t i v o .

L a s  l u c e s  L E D  ( 5  m u e s t r a n  e l  n i v e l  d e  c a r g a  d e l  
d i s p o s i t i v o  e n  i n c r e m e n t o s  d e l  2 5 % .  S i  p a r p a d e a  e l  
p r i m e r  L E D ,  c a r g u e  e l  S p o r t  2 5 .  S i  e s t á n  e n c e n d i d a s  
t o d a s  l a s  l u c e s  L E D ,  e n t o n c e s  e l  S p o r t  2 5  e s t á  
c a r g a d o  p o r  c o m p l e t o .

F A L C O N  7
D e s p l i e g u e  p o r  c o m p l e t o  s u  F a l c o n  7  y  c o l ó q u e l o  c o n  
l o s  p a n e l e s  ( 1  d i r e c t a m e n t e  o r i e n t a d o s  h a c i a  e l  s o l  
( 4 5  g r a d o s  s u e l e  s e r  e l  á n g u l o  ó p t i m o ) .  R e a j ú s t e l o
c a d a  p a r  d e  h o r a s  p a r a  s e g u i r  e l  s o l .

M a n t e n g a  l i m p i o s  l o s  p a n e l e s  y  n o  l o s  p o n g a  a  l a  
s o m b r a  p a r a  c o n s e g u i r  u n  f u n c i o n a m i e n t o  ó p t i m o .

P u e d e  c o l g a r  s u  F a l c o n  7  u s a n d o  l o s  o j a l e s  ( 2  y  l o s  
m o s q u e t o n e s  i n c l u i d o s .

P a r a  c a r g a r  s u s  d i s p o s i t i v o s ,  s e l e c c i o n e  e l  c a b l e  
a p r o p i a d o ,  o  u s e  e l  c a b l e  U S B  q u e  v i e n e  c o n  s u

S P O R T  2 5
P o u r  m e t t r e  e n  m a r c h e  l e  S p o r t  2 5 ,  a p p u y e z  s u r  l e  
b o u t o n  m a r c h e / a r r ê t  ( 1 .

P o u r  a l l u m e r / é t e i n d r e  l a  t o r c h e     ,  a p p u y e z  s u r  l e  
b o u t o n  m a r c h e / a r r ê t  d e  m a n i è r e  p r o l o n g é e .  A p p u y e z  
d e u x  f o i s  p o u r  a c t i v e r / d é s a c t i v e r  l e  m o d e  S O S .

P o u r  c h a r g e r  l e  S p o r t  2 5 ,  b r a n c h e z  l e  c â b l e  U S B - C  
f o u r n i  d a n s  l e  p o r t  U S B - C  ( 3  e t  r a c c o r d e z  à  u n  
p o r t  U S B ,  u n e  p r i s e  é l e c t r i q u e  o u  a u  F a l c o n  7 .

P o u r  c h a r g e r  v o s  a p p a r e i l s ,  b r a n c h e z  l e  c â b l e  a d a p t é  
d a n s  l e  p o r t  U S B - C  ( 3  o u  U S B  ( 4  e t  c o n n e c t e z  v o t r e  
a p p a r e i l .

L e s  L E D  ( 5  i n d i q u e n t  l e  n i v e a u  d e  c h a r g e  d e  l ' a p p a r e i l  
p a r  i n c r é m e n t s  d e  2 5 % .  S i  l a  p r e m i è r e  L E D  c l i g n o t e ,  
v e u i l l e z  r e c h a r g e r  l e  S p o r t  2 5 .  S i  t o u t e s  l e s  L E D  
r e s t e n t  a l l u m é e s ,  l e  S p o r t  2 5  e s t  c o m p l è t e m e n t  c h a r g é .

F A L C O N  7
D é p l i e z  e n t i è r e m e n t  v o t r e  F a l c o n  7  e t  p l a c e z - l e  a v e c
l e s  p a n n e a u x  ( 1  d i r e c t e m e n t  f a c e  a u  s o l e i l  ( l ' a n g l e  
o p t i m a l  e s t  g é n é r a l e m e n t  d e  4 5  d e g r é s ) .  R é a j u s t e z  s a  
p o s i t i o n  t o u t e s  l e s  d e u x  h e u r e s  p o u r  s u i v r e  l e  s o l e i l .

P o u r  d e s  p e r f o r m a n c e s  o p t i m a l e s ,  l e s  p a n n e a u x
d o i v e n t  r e s t e r  p r o p r e s  e t  e n  p l e i n  s o l e i l .

V o t r e  F a l c o n  7  p e u t  ê t r e  a c c r o c h é  à  l ' a i d e  d e s
œ i l l e t s  ( 2  e t  d e s  m o u s q u e t o n s  f o u r n i s .

P o u r  c h a r g e r  v o s  a p p a r e i l s ,  c h o i s i s s e z  l e  c â b l e  a d a p t é  
o u  u t i l i s e z  l e  c â b l e  U S B  f o u r n i  a v e c  v o t r e  a p p a r e i l  e t  
b r a n c h e z - l e  s u r  l e  p o r t  U S B  ( 3  à  l ' i n t é r i e u r  d e  l a  p o c h e  ( 4 .

L a  L E D  ( 5  à  l ' i n t é r i e u r  d e  l a  p o c h e  r e s t e  a l l u m é e  l o r s q u e  

l ' a p p a r e i l  e s t  e n  c h a r g e .  Q u a n d  v o u s  a v e z  t e r m i n é ,  
r e f e r m e z  l e  c o u v e r c l e  ( 6  p o u r  p r o t é g e r  l e s  p o r t s .

H å l l  p a n e l e r n a  r e n a  o c h  b o r t a  f r å n  s k u g g a n  f ö r  a t t  f å  
o p t i m a l  p r e s t a n d a .

D u  k a n  h ä n g a  u p p  d i n  F a l c o n  7  m e d  ö l j e t t e r n a  ( 2  o c h  
d e  m e d f ö l j a n d e  k a r b i n h a k a r n a .

F ö r  a t t  l a d d a  d i n  e n h e t ,  v ä l j e r  d u  e n  l ä m p l i g  k a b e l ,  e l l e r  
s å  a n v ä n d e r  d u  U S B - k a b e l n  s o m  f ö l j e r  m e d  e n h e t e n  
o c h a n s l u t e r  d e n  t i l l  U S B - p o r t e n  ( 3  i n u t i  fi c k a n  ( 4 .

L E D - l a m p a n  ( 5  s o m  fi n n s  i  fi c k a n  h a r  e t t  f a s t  s k e n  n ä r  d u  
l a d d a r  e n h e t e n .  N ä r  d u  h a r  l a d d a t  k l a r t  e n h e t e n , s e  t i l l
s å  a t t  d u  s t ä n g e r  u t t a g e n s  l o c k  ( 6  f ö r  a t t  s k y d d a  d e m .

S i e  k ö n n e n  I h r e n  F a l c o n  7  u n t e r  V e r w e n d u n g  d e r  Ö s e n  
( 2  u n d  m i t g e l i e f e r t e n  K a r a b i n e r  a u f h ä n g e n .

U m  I h r  G e r ä t  a u f z u l a d e n ,  w ä h l e n  S i e  d a s  p a s s e n d e  
K a b e l  o d e r  v e r w e n d e n  S i e  d a s  U S B - K a b e l ,  d a s  m i t  
d e m  G e r ä t  g e l i e f e r t  w u r d e  u n d  s t e c k e n  S i e  e s  i n  d e n  
U S B - A n s c h l u s s  ( 3  i n  d e r  T a s c h e  ( 4 .

D i e  L E D  ( 5  i n  d e r  T a s c h e  w i r d  d u r c h g ä n g i g  l e u c h t e n ,
 w e n n  I h r  G e r ä t  a u f g e l a d e n  w i r d .  S c h l i e ß e n  S i e  d i e  
A n s c h l u s s - A b d e c k u n g  ( 6  w i e d e r ,  w e n n  d i e  A u fl a d e n  
b e e n d e t  i s t  o d e r  u m  d i e  A n s c h l ü s s e  z u  s c h ü t z e n .

d i s p o s i t i v o  y  c o n é c t e l o  a l  p u e r t o  U S B  ( 3  q u e  h a y  e n  
e l  b o l s i l l o  ( 4 .

L a  l u z  L E D  ( 5  d e l  b o l s i l l o  n o  p a r p a d e a r á  m i e n t r a s  s u  
d i s p o s i t i v o  e s t é  c a r g á n d o s e .  V u e l v a  a  c e r r a r  l a  t a p a  d e l  
p u e r t o  ( 6  c u a n d o  t e r m i n e  p a r a  p r o t e g e r  l o s  p u e r t o s .


