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RESETTING DEVICE FOR W.B. GREY
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N° Denominazione Materiale QTY Codice
1 Resetting device for W.B. - - - 1 10.0245.00
2 Body PA 6.6+Glass fiber 1 25.0229.00
3 Washer POM 1 25.0231.00
4 Button POM 1 25.0230.00
5 Pin Stainless steel AISI 303 1 27.0084.00
6 O-Ring EPDM 1 26.0046.00
7 O-Ring EPDM 1 26.0182.00
8 Spring Stainless steel AISI 302 1 21.0059.00

"PRESSED"
POSITION TO RESET

STAND BY
POSITION

Package cod 15008780 dimension 46X32X93 

CHARATTERISTIC:
Pmax=10 bar
Tmax=70 C
 
The component is sold as optional with the Water Block 10.0041.XX
The Water Block reset is obtained by pressing completely
the red lever.
 
N°100 Reset device for water block in each box (370X225X260)

Colour Red

Colour Grey
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