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AM/FM radio

LED power indicator

Power supply: 230-240V AC

(1.5m power cord with euro plug ®
integrated storage box) or on

4x C batteries (not included)

3W mono sound

Buttons for: OFF/volume, AM/FM
and tuning

Metal telescopic antenna

Built-in 3.5mm Jack headphone socket
Size: 226(W) x 92(D) x 122(H)mm

¢ Alimentation : 230 a 240 V AC (un cordon

Radio AM/FM
Témoin d'alimentation LED

d‘alimentation de 1,5 m muni d'une fiche
euro * boite de rangement intégrée)

ou 4 x piles C (non incluses)

Son mono de 3 W

Boutons de : OFF/volume, AM/FM,
syntonisation

Antenne télescopique en métal

Prise 3,5 mm intégrée pour casque
Dimensions : 226 (I) x 92 (P) x 122 (H) mm

Handle for easy carrying

Optional: also operating
on batteries (4x C/LR14)
fixed connection:

AC euro plug
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* AM/FM-Radio * AM/FM-radio

* LED-Leistungsanzeige e LED-stroomindicator

e Stromversorgung: 230-240V AC * Stroomvoorziening: 230-240V AC
(1,5 m Netzkabel mit Eurostecker ® (1,5m netsnoer met eurostekker ¢
integrierte Aufbewahrungsbox) geintegreerde opbergdoos)
oder auf 4x C-Batterien (nicht enthalten) of op 4x C-batterijen (niet inbegrepen)

* 3W-Mono-Ton * 3W mono geluid

* Knopfe an der Vorderseite: AUS/Volumen, * Knoppen voor: UIT/volume, AM/FM
AM/FM und Koordination en afstemming

* Teleskopantenne aus Metall * Metalen telescopische antenne Handle for easy carrying

* Eingebaute 3,5-mm-Buchse * Ingebouwde 3.5mm Jack
Kopfhéreranschluss koptelefoonaansluiting

e GroBe: 226(B) x 92(T) x 122(H) mm e Grootte: 226 (B) x 92 (D) x 122 (H) mm

Optional: also operating
on batteries (4x C/LR14)
fixed connection:

AC euro plug
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