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Product no.: 512EW

® Side cutter - oval head, with burnished head, same as 512E
with optional safety device "wire catcher"
G'\ This is the most widely used head shape, with
burnished head

G'\ Fits for all cutting applications where easy access is
given.

G'\ It is robust and size for size offers the highest cutting
capacity.
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Technical Data

Length mm 115
Head width mm 11
Head length mm 19
Weight in oz 2.363
Head width Inches 0.433
Head length Inches 0.748

Cut

Max. cutting capability —
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