
performance line

RELOAD 20
Power Bank (20,000 mAh):  

Energy on the go – never run out of power

Our RELOAD 20 gives full peace of mind and reliable power on the go by providing enough energy for all USB devices, including mobile phones, tablets and cameras. 
Incredibly, this power bank also comes pre-charged and can be used immediately, with enough power to charge a smartphone more than 6x. In addition, with its 2 
powerful USB ports, it can charge up 2 devices simultaneously. 

Product Category

• Power Bank

Technical Specifications

• Suitable for USB devices
• �Output 1 (USB): 5 V / 2 A max.
• �Output 2 (USB): 5 V / 2 A max.
• �Max. output: 5 V / 2.4 A max.
• Input (Micro USB): 5 V / 2 A max.
• Input (USB Type-C): 5 V / 2 A max.
• Capacity: 20,000 mAh / 74.0 Wh
• 3.7 V lithium battery
• Charging time: approx. 10 h for a 100 % charge
• Capacity loss: < 1 % per month (in sleep mode)
• Ingress Protection Class IP 20
• Power status: LED; on-/off-button
• Incl. Micro USB cable

Weight

• Power Bank: 325 g
• Power Bank + packaging: 373 g

Dimensions

• Power Bank: H 141 mm W 64 mm D 23 mm
• Cable length: 30 cm
• Power Bank + packaging: H 228 mm W 80 mm D 28 mm

Packaging Unit

• Master retail: 20
• Dimensions master retail: H 312 mm W 235 mm D 190 mm
• Pallet: 2400 pcs

Standard Colour

• White

Suitable for

Incl. Micro USB cable

Packaging (Retail)

Description				    Article-No.		  EAN-Code� Made in China

RELOAD 20, retail, white			   1.400140		  7640166322467		�
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2X

2.4 A max.


