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WWW.CHBYRON.EU . i Frequency band: 433.92MHz (433.050 - 434.790 MHz)
Or contact us dlfeCﬂy- Maximum radio frequency power <+10dBm
EU address: UK address: Range: 100 meters
smartwares’ | smartwares
Europe Safety and Lighting Ltd. Wireless Doorbell DBY-23441 Touch free button DBY-23430

Jules Verneweg 87 | Meriden House, 6 Power: 230-240V~ 50Hz Power supply: 1x FR2450 (included)
5015 BHTilburg | Great Combow Halesowen, Indoor Use Only IP44 Weather Resistant
The Netherlands | West Midlands, 883 3A8
www.chbyron.eu | United Kingdom
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