
fischer Strong 
Undercut Anchor 
FSU/FSU-P

ETA-22/0674,  
for cracked concrete

Fire resistance  
classification R120
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1.2FSU-SD FSU-ST

Tinst

fischer Strong Undercut Anchor FSU 
Pre-setting anchor

d0 [mm] df 
 ≤  [mm] tfix ≤  [mm] Tinst[Nm] U [mm] SW [mm]

567778 FSU M10x100/20 20 12 20 40 2-5 17 567793 FSU-SD 20x100 568881 FSU-ST M10
567782 FSU M12x125/30 22 14 30 80 3-6 19 567795 FSU-SD 22x125 568882 FSU-ST M12
567786 FSU M12x125/50 22 14 50 80 3-6 19 567795 FSU-SD 22x125 568882 FSU-ST M12

U

FSU-SD FSU-ST

U
Tinst

d0
df

tfix

U
SW

d0 [mm] df  
≤ 

 [mm] tfix [mm] Tinst[Nm] U [mm] SW [mm]

567780 FSU-P M10x100/20 20 21 10-20 40 2-5 17 567794 FSU-SD 20x120 568881 FSU-ST M10
567784 FSU-P M12x125/30 22 23 12-30 80 3-6 19 567796 FSU-SD 22x155 568882 FSU-ST M12
567788 FSU-P M12x125/50 22 23 12-50 80 3-6 19 567797 FSU-SD 22x175 568882 FSU-ST M12

 Drill Chuck                      SDS Plus

Hammer drilling  RPM [rpm] 600-1800

Hammer impact energy [J] 2-5

 Drill Chuck                      SDS Plus

Hammer drilling  RPM [rpm] 600-1800

Hammer impact energy [J] 2-5
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fischer Strong Undercut Anchor FSU 
Push-through anchor
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fischerwerke GmbH & Co. KG · Klaus-Fischer-Straße 1 · 72178 Waldachtal · Germany  
T +49 7443 12 - 0 · F +49 7443 12 - 4222 · info@fischer.de · www.fischer-international.de 


