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Realtime Charging Data
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Sharo the Charger Resot to Factory Settings
Phase  VoltageV) Curent(A) Powerk)
u 2440 00 00 o
s
L2 2420 00 00 Reboot the Charger
5 2220 00 00
310 °C inside control box Total 00 kW

Total Delivered Energy

Total Charging Duration 00:00:00
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Home Heatth Statistcs Settings
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platinet EV Charger

‘B Latest Self-Test Report

Time 2026-04-29 112043
Result

Relay Porformanco @ Passed
RCD Leakage Protection @ Passed
Gonclusion @ Passed

A Alarm Logs Charging Mode
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