
19" Blank Panel

Technical Features

Steel material

Conceals empty front openings 

Electrostatic powder paint

RAL7035 Light Grey or RAL9005 Black

Made in China

www.logilink.de

Part-No. Height (U) Type Color EAN Code

PN101B 1U Solid RAL9005 Black 4052792026290

PN101G 1U Solid RAL7035 Light Grey 4052792026306

PN102B 2U Solid RAL9005 Black 4052792026313

PN102G 2U Solid RAL7035 Light Grey 4052792026320

PN104B 4U Solid RAL9005 Black 4052792026337

PN104G 4U Solid RAL7035 Light Grey 4052792026344

PN111B 1U Perforated RAL9005 Black 4052792026351

PN111G 1U Perforated RAL7035 Light Grey 4052792026368

PN112B 2U Perforated RAL9005 Black 4052792026375

PN112G 2U Perforated RAL7035 Light Grey 4052792026382

PN101B / PN101G

Technical Drawings

19" Blindpanel



Package Contents

Packaging Informations

Made in China

1 x 19" Blank Panel

Packing Dimension 483 x 8 x 45mm (PN101x,PN111x) / 483 x 8 x 90mm (PN102x,PN112x) / 483 x 8 x 180mm (PN104x)

Packing Weight 0.3kg(PN101x) / 0.6kg(PN102x) / 1kg(PN104x) / 0.25kg(PN111x) / 0.5kg(PN112x)

Carton Dimension 520x580x130mm (PN101x,PN111x) / 610x520x250mm (PN102x,PN112x) / 510x450x200mm (PN104x)

Carton Q‘ty 50pc (PN101x,PN111x) / 25pc (PN102x,PN112x) / 20pc (PN104x)

Carton Weight 16kg (PN101x,PN102x) / 21kg (PN104x) / 13kg (PN111x,PN112x)

PN102B / PN102G

PN104B / PN104G

PN111B / PN111G

PN112B / PN112G
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