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Metallfassungen
Metal lampholders
Portalampade in metallo

84004... Bestell-Nr. / Order No. / Ne d’ordine
= . Fassungsstein aus Porzellan ‘
!l‘” Lamphoider interior porcelain 84004.0002.0000 |11 g
3 |

Elemaento portacontatti in porcellana

84003... - B4303.. Bestell-Nr. / Order No. | Ne d'ordine
| 1solierring Duropiast
Glatt- | L o
' mante] | Phenolic insulation fing | g4003.00xx.0008 (15 g
| Isolamento in
Plain termoplastico
28x2 282 , ‘
1 casng Isolierring Steatit
—_— T — Mantello | Ceramic insulation ring | 84003.00XX.0004 |19 g
- B : 7 & __’ﬁ_d liscio Isolamento In ceramica
~ (] ]
i B o e , isolierring Duroplast
! ; Gewinde- . .
! : mantel Phenolic insulation ring | g4308 00XX.0006 |15 g
- . Isolamento in {
Threaded {eﬂnoplastlca
| casing i Isolierring Steatit
E14-Gewinde: Metall | ‘
Thread E14: metal Mantel/o | Ceramic insulation ring | 84303.00XX.0004 |18 g
Vo E“.: metallo flettato 1 Isolamento in ceramica ‘
84002.70... Bestell-Nr. / Order No. | N° d'ordine
Metall-Nippel M10x1
] mit Feststellschraube
E,- Metal nipple M10x1 84002,70XX.0000{ 7 g
: : with locking screw *B4002.70XX.0188 6 g
: Nippel metallico filetiato M10x1
con vitina antirotazione
‘é" Mit zusdtzlicher EdeHQSbumse 84002.70XX.0065| 8 q
- With additional earth terminal
Con messa a terra *84002.70XX.0214| 7 g

* Mit seitlicher Kabeldurchfihrung
With cable bushing side entry
_ Con ingresso faterale def cavo
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Fengetzung / Continued / Segue
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