SIEMENS

Ficha técnica 5SY4114-8
Miniature circuit breaker 230/400 V 10kA, 1-pole, D, 0.3 A, D=70 mm

Nome da marca do produto SENTRON
Designagéao do produto Disjuntor

Dados técnicos gerais

Quantidade de polos 1
Quantidade de pdlos / anotagéo 1P
Classe da caracteristica de disparo D
Interruptor de poténcia / tipo base 5SY4
durabilidade mecénica (ciclos de operagao) / tipico 10 000

Categoria de sobretensao ]

Tenséo
Tenséo de isolamento

® com operag3o de fase Unica / com AC / valor 440V
estipulado
® com operagdo multifasica / com AC / valor 440V
estipulado

Tenséo de alimentagéo / com operagéo de fase 230V

Unica / com AC / valor estipulado
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Tenséo de alimentacdo
Tipo de tenséo CA

Corrente / com AC / valor estipulado 0,3A
Tenséo de alimentacao

e com AC / valor estipulado 400 V
Tenséo de servigo

e com DC / valor estipulado / maximo 2V
Frequéncia da tensao de alimentagao

® valor estipulado 50/60 Hz

Classe de protecao
Classe de proteccao IP IP20, com condutores ligados

Capacidade de comutagao
Capacidade de comutagao corrente

e com DC / segundo a IEC 60947-2 / valor 15 kA
estipulado

e segundo a EN 60898 / valor estipulado 10 kA
® segundo a IEC 60947-2 / valor estipulado 35 kA

Dissipacao
Poténcia de perda [W] / com valor de corrente 0,9W
estipulado / com AC / com estado de funcionamento
quente / por pdlo

Eletricidade
Corrente atribuida In / IEC, DIN/VDE / em 40 Cel 0,28 A
Aptidao para utilizagao Construgédo de maquinas / Industria

Detalhes do produto

Fungéo do produto / condutor neutro que pode ser Nao
ligado

Equipamento do produto / Ligacéo a terra de Sim
proteccao

Componente do produto
® Terminal combinado em cima Sim
® Terminal combinado em baixo Sim
Caracteristica do produto

® Caracteristicas para interruptor principal Sim
conforme EN 60204-1

® sem halogéneo Sim

® selavel Sim

® sem silicone Sim
Expansao do produto / montavel / Dispositivos Sim
adicionais

Curto-circuito
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Capacidade de desactivagao da corrente de curto-
circuito (Icn)

® com AC / segundo UL 1077 e CSA C22.2 5 kA
No.235
® Secgao de condutor conectavel
— unifilar 0,75 ... 35 mm?
— polifilar 0,75 ... 35 mm?
® Seccgédo de condutor conectavel / de fio fino / 0,75 ... 26 mm?
com tratamento de terminal de fio
Numero AWG / como secgao de condutor conectavel 18 ... 4
codificada
Binario de aperto [Ibf-in] / no caso de ligagao com 22 ... 31 Ibfiin
parafuso
Binario de aperto / no caso de ligagdo com parafuso 2,5...3,5Nm
Posigao / do cabo de ligagao a rede conforme desejar

Projeto mecéanico

Altura 90 mm

Largura 18 mm

Profundidade 76 mm

Profundidade da montagem 70 mm

Numero de unidades modulares de largura 1

Tipo de fixagao Sistema de fixagao rapida
Posicao de montagem de forma arbitraria

Peso liquido 173 g

Condi¢des ambientais

Temperatura ambiente -40 ... +70 °C
® durante o armazenamento -40 ... +75°C
Certificados
Indicadores de referéncia
® segundo a DIN EN 61346-2 F
® segundo a IEC 81346-2:2009 F
5SY4114-8 Reservado o direito a alteragdes

Pagina 3/6 16-09-2019 © Copyright Siemens



General Product Approval

ccC

: Miscellaneous
IMQ UR VDE RCM

Declaration of Test Certificates Shipping Approval
Conformity
Miscellaneous Special Test Certi- o)
c € ficate 5@5 &‘IOY?S
‘S - e
EG-Konf. LRS
Shipping Ap- Railway
proval
Confirmation Vibration and Shock

Information- and Downloadcenter (Catalogs, Brochures,...)
http://www.siemens.com/lowvoltage/catalogs

Industry Mall (Online ordering system)
https://mall.industry.siemens.com/mall/pt/pt/Catalog/product?mlfb=5SY4114-8

Service&Support (Manuals, Certificates, Characteristics, FAQs,...)
https://support.industry.siemens.com/cs/ww/pt/ps/5SY4114-8

Image database (product images, 2D dimension drawings, 3D models, device circuit diagrams, ...)

http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=5SY4114-8

CAXx-Online-Generator
http://www.siemens.com/cax

Tender specifications
http://www.siemens.com/specifications
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https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=439&ci=458&cao=548
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=439&ci=476&cao=560
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=439&ci=499&cao=586
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=439&ci=500&cao=587
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=439&ci=4242&cao=591
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=439&ci=502&cao=591
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=445&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=446&ci=449&cao=538
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=446&ci=455&cao=543
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=446&ci=480&cao=566
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=446&ci=490&cao=576
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=3151&ci=454&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/5SY4114-8/Certificate?ct=3151&ci=3152&cao=553
http://www.siemens.com/lowvoltage/catalogs
https://mall.industry.siemens.com/mall/pt/pt/Catalog/product?mlfb=5SY4114-8
https://support.industry.siemens.com/cs/ww/pt/ps/5SY4114-8
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=5SY4114-8
http://www.siemens.com/cax
http://www.siemens.com/specifications
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