SIEMENS

Ficha técnica 8GK1132-2KA22

ALPHA 400, wall-mounted cabinet, IP43, Protection class 2, H: 650
mm, W: 550 mm, T: 210 mm, RAL 9016
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Versao
Nome da marca do produto ALPHA 400
Designagéao do produto Armario de parede
Execugéo do produto A superficie
Processamento da superficie Revestido a po

Classe de protecao

Classe de protecgao IP 1P43
Aptiddo para accéo conjunta / Protecg&o contra raios Sim
Aptidao para utilizagao / para uso exterior Nao
Caodigo da cor RAL RAL 9016
Componente do produto

e Entrada de cabos Sim

® Placa de montagem Néo
Expansao do produto / opcional / Encadeamento Sim

Projeto mecéanico

Altura 650 mm
Largura 550 mm
8GK1132-2KA22 Reservado o direito a alteragdes
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Profundidade 210 mm

Profundidade da montagem 210 mm
Peso liquido 14,8 kg
material / da caixa Aco
Certificados

Indicadores de referéncia

® segundo a DIN EN 61346-2 u

® segundo a IEC 81346-2:2009 uc

General Product Approval Test Certificates other
I Special Test Certificate Miscellaneous
VDE

Outras informagoes

Information- and Downloadcenter (Catalogs, Brochures,...)
http://www.siemens.com/lowvoltage/catalogs

Industry Mall (Online ordering system)
https://mall.industry.siemens.com/mall/pt/pt/Catalog/product?mlfb=8GK1132-2KA22

Service&Support (Manuals, Certificates, Characteristics, FAQs,...)
https://support.industry.siemens.com/cs/ww/pt/ps/8 GK1132-2KA22

Image database (product images, 2D dimension drawings, 3D models, device circuit diagrams, ...)
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=8GK1132-2KA22

CAx-Online-Generator
http://www.siemens.com/cax

Tender specifications
http://www.siemens.com/specifications
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https://support.industry.siemens.com/cs/WW/pt/ps/8GK1132-2KA22/Certificate?ct=439&ci=500&cao=587
https://support.industry.siemens.com/cs/WW/pt/ps/8GK1132-2KA22/Certificate?ct=439&ci=3020&cao=591
https://support.industry.siemens.com/cs/WW/pt/ps/8GK1132-2KA22/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/pt/ps/8GK1132-2KA22/Certificate?ct=447&ci=502&cao=553
http://www.siemens.com/lowvoltage/catalogs
https://mall.industry.siemens.com/mall/pt/pt/Catalog/product?mlfb=8GK1132-2KA22
https://support.industry.siemens.com/cs/ww/pt/ps/8GK1132-2KA22
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=8GK1132-2KA22
http://www.siemens.com/cax
http://www.siemens.com/specifications
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