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Produktillustration

DNW

Temperaturmatomvandlarna ACT20X-HTI-SAO/
2HTI-2SAO registrerar temperaturer fran PT100-givare
och termoelement ur Ex-omrade, zon 0. Dessutom kan
0(4)...20 mA stromslingor anslutas pa ingangssidan.

P& utgangssidan finns aktiva och passiva stromslingor for
det sakra omradet.

Integrerade larmkontakter ger, i handelse av en

storning statusmeddelanden, vilket mojliggor en

snabb felidentifiering och darmed Okar anlaggningens
tillganglighet.

Strémutgangsisolerarna, som snapps pa montageskena
kan levereras i en- eller tvakanaligt utforande. Med en
bredd pa 11 mm per kanal tar komponenterna liten plats i

kopplingsskapet.
Allméanna bestillningsdata

Typ ACT20X-2HTI-2SA0-S

Art.nr. 8965480000

Artikelbeteckning EX-signalomvandlare/-franskiljare, Ex-ingang: 1,9,
Saker utgang: 4-20 mA, 2-kanals

GTIN (EAN) 4032248785094

Frp 1 Stiick

Skapandedatum den 10 juli 2019 14:14:57 CEST

Katalogversion 07.06.2019 / Tekniska andringar forbehallna 1


http://catalog.weidmueller.com/catalog/Start.do?localeId=sv&ObjectID=8965480000

Weidmiiller 3%

ACT20X

ACT20X-2HTI-2SAO-S

Tekniska data

Matt och vikter
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Bredd 22,5 mm Byggbredd (tum) 0,886 inch
Hojd 117,2 mm Bygghojd (tum) 4,614 inch
Djup 113,6 mm Byggdjup (tum) 4,472 inch
Nettovikt 180¢
Temperaturer
Driftstemperatur, max 60 °C Driftstemperatur, min. -20°C
Fuktighet 0...95 % (ingen Lagertemperatur, max.

daggbildning) 85 °C
Lagertemperatur, min. -20°C Drifttemperatur -20°C...60 °C
Lagertemperatur -20°C..85°C
Sannolikhet fér storning
MTBF 111 Years SIL enligt IEC 61508 2
Environmental Product Compliance
REACH SVHC Lead 7439-92-1
Mairkdata UL
UL-certifikat E337701.pdf
Ingang EX
Ingdngsmotstand strom 20Q+PTC50Q Ledningsmotstand i matkretsen <500

Sensor

RTD: PT10, PT20, PT50,
PT100, PT250, PT300,
PT400, PT500, PT1000,
Ni50, Ni100, Ni120,
Ni1000, Termoelement:
B,E J,K,N,R, S, T;enligt
IEC 60584-1 och L, U
enligt DIN43710

Temperatur - ingdngsomrade

Konfigurerbar

Typ egensaker krets, RTD, TC, ingangsstrom

DC (mA, V) 0..20 mA, 4..20mA
utgang
Typ aktiv (PNP) eller passiv Lastmotstandets inverkan

(NPN)

<0,01 % av span/100 Q

Begransning av utgangssignal

3,8..20,5mA / 0..20,5
mA (omradesberoende)

Lastmotstand strom

<600 Q

Utgangsstrom

0...23 mA, konfigurerbar:
0..20/4..20/20...0/20...
4 mA, konfigurerbar
nedskalning (3,5
mA)uppskalning (23 mA)
@ fel
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alarmutgéang
Alarmfunktion Linjeavbrott vid ingangen, Typ
Kortslutning vid ingang,
Ingen matningsspéanning, Rela, 1 6ppnare
Enhetsfel (potentialfri)
Markbrytspanning <125VAC/ 110V DC Kontinuerlig strom
(sakert omrade) <05AAC/03ADC
<32VAC/32VDC(zon (sakert omrade), < 0,5 A
2) AC/ 1 ADC (zon 2)
Markeffekt 62,5 VA /32 W (sakert
omrade)

<16 VA / 32 W (zon 2)

Allmanna uppgifter

Konfiguration med FDT/DTM Spanningsforsorjning
programvara 19,2..31,2V DC
Anslutningstyp Skruvanslutning Ineffekt <1,4W
Svarstid <400 ms (med strom), < 1 Skyddsklass
s (med temperatur) IP20
Fuktighet 0...95 % (ingen

daggbildning)

Isolationskoordination

EMC-Normer DIN EN 61326, NE 21 Isolationsspanning

2,6 kV (ingang / utgang)

Markspanning 300V

Data for ex-anvandningar (ATEX)

Spénning Ug 8,7V DC Strom g 18,4 mA
Effekt Pg Markning I (1) G [Ex ia Ga] lIC/1IB/
IIA, 11 (1) D [Ex ia Da] llIC, |
40 mW (M1) [Ex ia Ma] |

Sakerhetstekniska basmarkdata

Apparattyp B Demand mode High
Demand rate Demand response time Signal input: < 0.5 s (opto
output), Temperature
3000s input: < 1.1 s (opto output)
Description of the "safe state" analogue Output = 3.6 mA Diagnostic test interval
or output=21 mA 30s
Hardvara-feltolerans (HFT) 0 Mean Time To Repair (MTTR) 24 h
Safe Failure Fraction (SFF) 90 % Tproof 3 Years
Total failure rate for dangerous detected Total failure rate for dangerous
failures (App) 367 FIT undetected failures (Apy) 61FIT
Total failure rate for safe detected failures Total failure rate for safe undetected
(Asp) OFIT failures (Asu) 234 FIT
Sékerhetskategori SIL 2 Sannolikhet for bortfall PFH 6.1x 108 h™

Sakerhetstekniska markdata Low demand mode

Average Probability of Failure on 3.96 x 10 (Tproot =1

Demand (PFDavg) year), 6.5 x 10 (Tproof = 2

years), 1.41 x 10 (Toroof =
b years)
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Anslutningsdata

Anslutningstyp Skruvanslutning Atdragningsmoment, min. 0,4 Nm
Atdragningsmoment, max. 0,6 Nm Anslutningsomrade, markarea 2,5 mm?2
Anslutningsomrade, min. 0,25 mm?2 Anslutningsomrade, max. 2,5 mm?2
Ledardiameter, AWG, min. AWG 23 Ledardiameter, AWG, max AWG 14
Markdata IECEx/ATEX/cUL

ATEX-certifikat TOATEXO020X.pdf IECEx-certifikat IECEX certification
Certifikat nr. (ATEX) KEMA10ATEX0020X Certifikat nr. (IECEX) IECEXKEMO09.0092X
Klassificeringar

ETIM 3.0 EC002479 ETIM 4.0 EC002479

ETIM 5.0 EC002479 ETIM 6.0 EC002919
UNSPSC 30-21-18-01 eClass 5.1 27-21-01-07
eClass 6.2 27-21-01-07 eClass 7.1 27-21-01-07
eClass 8.1 27-21-01-07 eClass 9.0 27-21-01-29
eClass 9.1 27-21-01-29

Produktinformation

Produktinformation

Weidmiuiller lamnar en forlangd garanti om 36 manader for denna produkt.

Godkannanden
Godkannanden
R
@“5 == } [11 ‘?&fﬁ%
LISTED E."Iﬁ APPROVED L
@ @
IECEx - KEMA ATEX - KEMA
Godkannanden DNVGL;
ROHS Uppfyllelse
Downloads

Anvandardokumentation

Instruction sheet
Manual
MAN SAFETY ACT20X~(2)HTI-(2)SAO

Broschyr/Katalog

CAT 4.1 ELECTR 16/17 EN

Godkannande/Certifikat/Dokument om

overensstammelse

SIL certificate
Certification DNV GL
Declaration of Conformity

Programvara WI-Manager, DTM-Library for online installation V.1.2.0
Teknikuppgifter EPLAN, WSCAD
Teknikuppgifter Data STEP
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screenshot of "observe" with FDT2 / DTM software screenshot of "diagnosis" with FDT2 / DTM software
Ex input signals Output signals
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