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Produktillustration

- .

Avbildning liknande
Kryssmejsel, Typ Phillips, SDK PH DIN 56262, 1ISO

8764 /2-PH, klingprofil enligt ISO 8764-PH, Spets krom
top, SoftFinish-handtag

Allméanna bestillningsdata

Typ SDK PH3

Art.nr. 9008500000

Artikelbeteckning Skruvmejsel, Klingbredd (B): 8 mm, Klinglangd:
150 mm

GTIN (EAN) 4032248056491

Frp 1 Stiick
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Tekniska data

Weidmiiller Interface GmbH & Co. KG
KlingenbergstralRe 16

D-32758 Detmold

Germany

Fon: +49 5231 14-0

Fax: +49 5231 14-292083
www.weidmueller.com

Matt och vikter

Bredd 270 mm Byggbredd (tum) 10,63 inch
vikt 1609 Nettovikt 152,2 g
Diameter 41 mm

Environmental Product Compliance

REACH SVHC Lead 7439-92-1

Skruvverktyg

Form Philips Klingbredd (B) 8 mm
Klinglangd 150 mm storlek 3
Klassificeringar

ETIM 3.0 EC001395 ETIM 4.0 EC000144
ETIM 5.0 EC000144 ETIM 6.0 EC000144
UNSPSC 27-11-17-01 eClass 5.1 21-04-04-01
eClass 6.2 21-04-04-01 eClass 7.1 21-04-04-90
eClass 8.1 21-04-04-90 eClass 9.0 21-04-04-06
eClass 9.1 21-04-04-06

Godkannanden

Godkéannanden

Downloads

Broschyr/Katalog CAT 3HDC 17/18 EN

CAT 6 TOOLS 15/16 EN
CAT 5 ENCL 17/18 EN
CAT 2 PORTFOLIOGUIDE EN

Godkannande/Certifikat/Dokument om
overensstammelse

Declaration of the Manufacturer
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