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Produktillustration

Fjaderanslutning med PUSH IN-teknik

Den innovativa PUSH IN-tekniken reducerar den

tid- du behover for kabeldragning till ett minimum.
Direktanslutningsteknik garanterar hoga utdragskrafter for
ledare och enkel hantering for alla ledartyper.

COMPLIANT

\%

Allméanna bestillningsdata

Leveransstatus

Denna artikel kommer inte langre att finnas i
framtiden.

Tillgénglig till
Typ

Art.nr.
Artikelbeteckning

2021-12-31
PDU 2.5/4/3AN BL
1896240000

Genomgangs-radplint, PUSH IN, 4 mm?2, 800 V, 32
A, bla

GTIN (EAN) 4032248511365
Frp 100 Stiick
Alternativ produkt 1521780000
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Matt och vikter

Bredd 5,1 mm Byggbredd (tum) 0,201 inch
Hojd 67,5 mm Bygghojd (tum) 2,657 inch
Djup 38 mm Byggdjup (tum) 1,496 inch
Byggdjup inkl. montageskena 39 mm Nettovikt 4,99¢
Temperaturer
Lagertemperatur, max. 40°C Lagertemperatur, min. 10°C
Temperaturomrade for anvandning Temperaturomrade Lagertemperatur

for anvandning se EG-

typintyg/IECEx-Certificate

of Conformety 10°C..40°C
Varaktig driftstemperatur, min. -50 °C Varaktig driftstemperatur, max. 120°C
Markdata IECEx/ATEX
Certifikat nr. (ATEX) KEMAOBATEX0177U Certifikat nr. (IECEX) IECEXKEM06.0032U
Max. spanning (ATEX) 550V Strom (ATEX) 29 A
Ledararea max. (ATEX) 4 mm?2 Max. spanning (IECEX) 550V
Strom (IECEX) 29 A Ledararea max. (IECEX) 4 mm?2
Temperaturomrade for anvandning Temperaturomrade Markning EN 60079-7

for anvandning se EG-

typintyg/IECEx-Certificate

of Conformety Exeb Il C Gb
Ex 2014/34/EU markning 12GD
Klambara ledare (Markanslutning)
Anslutningsarea, fintradig, max. 4 mm? Anslutningsarea, fintradig, min. 0,21 mm?
Anslutningsomrade, max. 6 mm?2 Anslutningsomrade, min. 0,13 mm?
Anslutningsriktning ovre Anslutningstyp PUSH IN
Antal anslutningar 3 Avisoleringslangd 12 mm
Klingmatt 3,0x 0,5 mm Ledararea, entradig, max. 6 mm?2
Ledararea, entradig, min. Ledararea, fintradig med andhylsa DIN

0,5 mm?2 46228/1, max. 4 mm?2
Ledararea, fintradig med andhylsa DIN Ledararea, fintradig med andhylsa DIN
46228/1, min. 0,5 mm? 46228/4, max. 4 mm?2
Ledararea, fintradig med @ndhylsor DIN Ledardiameter, AWG, max
46228/4, min. 0,5 mm? AWG 10
Ledardiameter, AWG, min. AWG 26 Ledardiameter, fintradig, min. 0,5 mm?
Ledardiameter, fintradig, max. 4 mm? Tolkdorn enligt 60 947-1 A3
Tvilling-dandhylsa, max. 1,5 mm? Tvilling-andhylsa, min. 0,5 mm?2
Mairkdata
Markarea 4 mm? Markspanning 800V
Markstrom 32A Normer IEC 60947-7-1
Markstotspanning 8 kv Nedsmutsningsgrad 3
Mairkdata enligt CSA
Certifikat nr. (CSA) 200039-1751332 Ledararea max. (CSA) 10 AWG
Ledararea min. (CSA) 26 AWG Spanning grupp C (CSA) 600V
Strom Gr C (CSA) 30A
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Mairkdata enligt UL

Certifikat nr (cURus) E60693 Ledararea min (cURus) 26 AWG
Ledardiameter max (cURus) 10 AWG Ledarstorlek Factory wiring max (cURus) 10 AWG
Ledarstorlek Factory wiring min (cURus) 26 AWG Ledarstorlek Field wiring max (cURus) 10 AWG
Ledarstorlek Field wiring min (cURus) 26 AWG Spanning grupp C (cURus) 600V
Strom grupp C (cURus) 30A
Materialdata
Material Wemid Fargkod bla
Brannbarhetsklass enligt UL 94 V-0
Matt
Utskjutande matt TS 35 46 mm
Systemparametrar
Utférande PUSH IN-anslutning, 3 Andplatta kravs

anslutningar, for jackbar

overkoppling, 6ppen pa en

sida Ja
Antal potentialer 1 Antal vaningar 1
Antal klamstallen per vaning 3 Antal potentialer per vaning 1
Nivaer internt 6verkopplade Nej PE-anslutning Nej
Skena TS 35 N-Funktion Ja
PE-Funktion Nej PEN-Funktion Nej
ytterligare tekniska data
Monteringstyp ihakad explosionstestat utférande Ja
Oppna sidor héger
Klassificeringar
ETIM 3.0 EC000897 ETIM 4.0 EC000897
ETIM 5.0 EC000897 ETIM 6.0 EC000897
UNSPSC 30-21-18-11 eClass 5.1 27-14-11-20
eClass 6.2 27-14-11-20 eClass 7.1 27-14-11-20
eClass 8.1 27-14-11-20 eClass 9.0 27-14-11-20
eClass 9.1 27-14-11-20
Godkannanden
Godkéannanden

=
3 Exi
= @ KENMA

IECEx - KEMA ATEX - KERMA EUR

ROHS Uppfyllelse
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Downloads
Anvandardokumentation Beipackzettel_PDU.pdf
Cross Connection Guide
Usage of terminals in EXi atmospheres
StorageConditionsTerminalBlocks
Broschyr/Katalog CAT 1 TERM 16/17 EN
Godkannande/Certifikat/Dokument om Attestation of Conformity
overensstammelse IECEx Certificate
ATEX Certificate
DE_PT1701_20160415_050_ISSUEOQ1.pdf
Teknikuppgifter EPLAN, WSCAD, Zuken E3.S
Teknikuppgifter Data STEP
Sakerhetsnotering
Séakerhetsanvisning Safety Information
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http://download.weidmueller.com/asset/download/file//35360
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http://download.weidmueller.com/asset/download/file//73881
http://download.weidmueller.com/asset/download/file//87149
http://download.weidmueller.com/asset/download/file//39470
http://download.weidmueller.com/asset/download/file//68354
http://download.weidmueller.com/asset/download/file//68367
http://download.weidmueller.com/asset/download/file//68368
http://download.weidmueller.com/asset/download/file//36289
http://catalog.weidmueller.com/assets/LINK/CAE_EN.html
http://download.weidmueller.com/asset/download/file//64647
http://catalog.weidmueller.com/assets/LINK/Safety_EN.html
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