SIEMENS

Bilgi formu 8MF1260-3VR4

SIVACON, Control panel Empty enclosure, without side panels,
according to IEC 62208, with Ventilation openings IP20, H: 2200 mm,
W: 600 mm, T: 1000 mm
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artin marka adi SIVACON

ariin tanimi Pano bos mahfaza
Grin modeli IEC 62208'e gore
ylizey modeli elektrostatik toz boyali
ardn modeli / EMU modeli Hayir

IP koruma tard IP20

isletim araci koruma sinifi Koruma sinifi 1

Uygunluk
montaj uygunlugu / metrik ebat igin Evet

entegrason uygunlugu

® siva Ustl montaj Evet
® levha alti kurulum Hayir
kullanma uygunlugu / harici kullanim igin Hayir
RAL renk numarasi RAL 7035
renk acik gri
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_I202_XX_28895

Uriin Detayi
artin bileseni

® havalandirma kapisi

® montaj plakasi

® arka kapi

® camli kapi

e derinligi ayarlanabilir montaj plakasi

uriin 6zelligi / mahfaza / hizalanabilir mahfaza

Evet
Evet
Hayir
Hayir
Evet
Evet

Numara
kilit sayisi

kapi sayisi

Mekanik Tasarim

ylkseklik

genislik

derinlik

sabitleme tard
® montaj 19 in¢
® zemin montajl
® duvar montaji

net agirhk

malzeme

2 200 mm
600 mm
1 000 mm

Hayir
Evet
Hayir
126,86 kg
celik

Sertifikalar
referans isareti

® DIN EN 61346-2 uyarinca
® |[EC 81346-2:2009 uyarinca

u
uc

General Product Declaration of Con- Test Certificates other
Approval formity

c € Special Test Certificate Miscellaneous
[ H [ EG-Konf.

Diger bilgiler

Information- and Downloadcenter (Catalogs, Brochures,...)

http://www.siemens.com/lowvoltage/catalogs

Industry Mall (Online ordering system)

https://mall.industry.siemens.com/mall/tr/tr/Catalog/product?mlfb=8MF 1260-3VR4

Service&Support (Manuals, Certificates, Characteristics, FAQs,...)
https://support.industry.siemens.com/cs/ww/tr/ps/8MF1260-3VR4

Image database (product images, 2D dimension drawings, 3D models, device circuit diagrams, ...)
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=8MF 1260-3VR4

CAx-Online-Generator
http://www.siemens.com/cax
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https://support.industry.siemens.com/cs/WW/tr/ps/8MF1260-3VR4/Certificate?ct=439&ci=3020&cao=591
https://support.industry.siemens.com/cs/WW/tr/ps/8MF1260-3VR4/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/8MF1260-3VR4/Certificate?ct=445&ci=495&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/8MF1260-3VR4/Certificate?ct=447&ci=502&cao=591
http://www.siemens.com/lowvoltage/catalogs
https://mall.industry.siemens.com/mall/tr/tr/Catalog/product?mlfb=8MF1260-3VR4
https://support.industry.siemens.com/cs/ww/tr/ps/8MF1260-3VR4
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=8MF1260-3VR4
http://www.siemens.com/cax

Tender specifications
http://www.siemens.com/specifications
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http://www.siemens.com/specifications
https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_I202_XX_31435
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