SIEMENS

Bilgi formu 5SM3326-4KK14

Residual current operated circuit breaker, 2-pole, type B+, short-time
delayed, In: 63 A, 30 mA, Un AC: 230 V

ardin marka adi SENTRON
ariin tanimi Kagak akim koruma salteri
ardin modeli kisa gecikmeli

Genel teknik veriler

kutup sayisi 2

kurulum montaj cihazi ebadi / DIN 43880 uyarinca 1

elektrik carpmasina karsi temas korumasi parmak ve elin sirti korumali
kisa devre akim mukavemeti 10 KA

Glg¢ salteri / ana model 5SM3

mekanik kullanim stresi (isletim ¢evrimleri) / tipik 10 000

anahtarlama fonksiyonu / kisa sureli gecikme Evet

asiri gerilim kategorisi Il

Besleme gerilimi

akim / AC'de / anma degeri 63 A
® besleme gerilimi / AC'de / anma degeri 230V
® besleme gerilimi / kontrol donanimi / minimum 195V
® anma degeri 50 Hz
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=P_I201_XX_06375

Koruma sinifi
IP koruma tiru IP20, dagitici montajinda, bagli iletkenlerle birlikte

Anahtarlama kapasitesi
anahtarlama akim durumu / IEC 61008-1 uyarinca / 0,8 kA
anma degeri

Dagitma
Gl kaybi [W] / akim anma degerinde / AC'de / sicak 2,7W
isletim durumunda / kutup basina

tetikleme hatali akimi / anma degeri 30 mA
© Nominal surekli akim In / IEC, DIN/VDE / 40 63 A
Cel'de
® Nominal akim In / IEC, DIN/VDE / 45 Cel'de 63 A
® Nominal surekli akim In / IEC, DIN/VDE / 50 59,2 A
Cel'de
e Nominal akim In / IEC, DIN/VDE / 55 Cel'de 55,4 A
® Nominal suirekli akim In / IEC, DIN/VDE / 60 51,7 A
Cel'de
e Nominal akim In / IEC, DIN/VDE / 65 Cel'de 47,8 A
© Nominal sirekli akim In / IEC, DIN/VDE / 70 44 A
Cel'de
kacak akim tipi B+
12t degeri / izin verilen 70 000 A%s
sok akimi mukavemeti / anma degeri 3 kA
isletim frekansi 50/60Hz
artin 6zelligi / silikonsuz Evet
urln ilavesi / takilabilir / ilave tertibatlar Evet

Baglantilar
baglanabilir kablo kesiti

o tek telli 1,5 ... 25 mm?
® cok telli 1,5 ... 25 mm?
sikma torku / vida baglantisinda 2,5...3N'm
pozisyon / ag baglanti kablosu Ust veya alt (altta SIGRES fonksiyonu igin, kapali durumda da
gecerlidir)

Mekanik Tasarim

yukseklik 90 mm
genislik 72 mm
derinlik 70 mm
montaj derinligi 70 mm
en birimi sayisi 4
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sabitleme tiru
montaj pozisyonu

net agirlik

Cevresel kosullar
ortam sicaklgi

® depolama sirasinda

Sertifikalar

DIN rayi (modiler montaj cihazi)
istege gore
600 g

-25 ... +45°C
-40 ... +75 °C

referans isareti
® DIN EN 61346-2 uyarinca
® |EC 81346-2:2009 uyarinca

F

General Product Approval Declaration of Con- other
formity
I Miscellaneous Miscellaneous
VDE EG-Konf.
Diger bilgiler

Information- and Downloadcenter (Catalogs, Brochures,...)

http://www.siemens.com/lowvoltage/catalogs

Industry Mall (Online ordering system)

https://mall.industry.siemens.com/mall/tr/tr/Catalog/product?mlifb=5SM3326-4KK 14

Service&Support (Manuals, Certificates, Characteristics, FAQs,...)
https://support.industry.siemens.com/cs/ww/tr/ps/5SM3326-4KK14

Image database (product images, 2D dimension drawings, 3D models, device circuit diagrams, ...)
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=5SM3326-4KK14

CAx-Online-Generator
http://www.siemens.com/cax

Tender specifications
http://www.siemens.com/specifications
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https://support.industry.siemens.com/cs/WW/tr/ps/5SM3326-4KK14/Certificate?ct=439&ci=500&cao=587
https://support.industry.siemens.com/cs/WW/tr/ps/5SM3326-4KK14/Certificate?ct=439&ci=502&cao=591
https://support.industry.siemens.com/cs/WW/tr/ps/5SM3326-4KK14/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/5SM3326-4KK14/Certificate?ct=447&ci=502&cao=553
http://www.siemens.com/lowvoltage/catalogs
https://mall.industry.siemens.com/mall/tr/tr/Catalog/product?mlfb=5SM3326-4KK14
https://support.industry.siemens.com/cs/ww/tr/ps/5SM3326-4KK14
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=5SM3326-4KK14
http://www.siemens.com/cax
http://www.siemens.com/specifications

