SIEMENS

Bilgi formu 5SY6601-7
Miniature circuit breaker 400 V 6kA, 3+N-pole C, 1 A, D=70 mm

ardin marka adi SENTRON
ardin tanimi Otomatik sigorta

Genel teknik veriler

kutup sayisi 4
kutup sayisi / not 3P+N
tetikleme karakteristigi sinifi C

Gug salteri / ana model 5SY6
mekanik kullanim stresi (isletim ¢evrimleri) / tipik 10 000

asiri gerilim kategorisi Il

izolasyon gerilimi
e tek fazli isletimde / AC'de / anma degeri 440V
e cok fazli isletimde / AC'de / anma degeri 440V

Besleme gerilimi
gerilim tird AC

akim / AC'de / anma degeri 1A
besleme gerilimi
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e AC'de / anma degeri 400 V
isletim gerilimi

® DC'de / anma degeri / maksimum 72V
besleme gerilimi frekansi

® anma degeri 50/60 Hz

Koruma sinifi
IP koruma tiri IP20, bagli iletkenlerle birlikte

Anahtarlama kapasitesi
anahtarlama akim durumu

e DC'de / IEC 60947-2 uyarinca / anma degeri 15 kA

® EN 60898 uyarinca / anma degeri 6 kA

e |EC 60947-2 uyarinca / anma degeri 30 kA
enerji sinirlama sinifi 3

Dagitma
Gl kaybi [W] / akim anma degerinde / AC'de / sicak 1,2W
isletim durumunda / kutup basina

Nominal stirekli akim In / IEC, DIN/VDE / 40 Cel‘'de 0,95 A
kullanim uygunlugu Makine imalati / endiistri
urlin fonksiyonu / birlikte devreye giren nétr iletken Evet
urdn donanimi / temas korumasi Evet
ardin bileseni

e (st kombi terminali Evet

® alt kombi terminali Evet
ariin 6zelligi

® EN 60204-1'e gore ana anahtar 6zelligi Evet

® halojensiz Evet

® mihurlenebilir Evet

® silikonsuz Evet
urdin ilavesi / takilabilir / ilave tertibatlar Evet
kisa devre akimi kesme kapasitesi (Icn)

e AC'de / UL 1077'ye ve CSA C22.2 No.235 5 kA

uyarinca

Baglantilar
® baglanabilir kablo kesiti

— tek telli 0,75 ... 35 mm?
— cok telli 0,75 ... 35 mm?

5SY6601-7 Degisiklik yapma hakki sakhdir
Sayfa 2/6 18.09.2019 © Copyright Siemens



 baglanabilir kablo kesiti / ince telli / kablo ug 0,75 ... 25 mm?

islemeli
AWG numarasi / kodlanmis baglanabilir iletken kesiti 18 ...4
olarak
stkma torku [Ibf-in] / vida baglantisinda 22 ... 31 Ibfiin
sikma torku / vida baglantisinda 2,5...3,5N'm
pozisyon / ag baglanti kablosu istege bagli

Mekanik Tasarim

ylikseklik 90 mm

genislik 72 mm

derinlik 76 mm

montaj derinligi 70 mm

en birimi sayisi 4

sabitleme tiri Hizl sabitleme sistemi
montaj pozisyonu istege gore

net agirhk 6359

Cevresel kosullar

ortam sicakhgi -25 ... +65 °C
® depolama sirasinda -40 ... +75°C
Sertifikalar

referans isareti
® DIN EN 61346-2 uyarinca
® |EC 81346-2:2009 uyarinca

General Product Approval
Miscellaneous
© )\ PN
@
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Declaration of  Test Certific- Shipping Approval
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Miscellaneous ()
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Diger bilgiler

Information- and Downloadcenter (Catalogs, Brochures,...)
http://www.siemens.com/lowvoltage/catalogs

Industry Mall (Online ordering system)
https://mall.industry.siemens.com/mall/tr/tr/Catalog/product?mlfb=5SY6601-7

Service&Support (Manuals, Certificates, Characteristics, FAQs,...)
https://support.industry.siemens.com/cs/ww/tr/ps/5SY6601-7
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https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=439&ci=458&cao=548
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=439&ci=476&cao=560
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=439&ci=499&cao=586
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=439&ci=500&cao=587
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=439&ci=502&cao=591
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=439&ci=4242&cao=591
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=445&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=446&ci=449&cao=538
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=446&ci=455&cao=543
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=446&ci=480&cao=566
https://support.industry.siemens.com/cs/WW/tr/ps/5SY6601-7/Certificate?ct=446&ci=490&cao=576
http://www.siemens.com/lowvoltage/catalogs
https://mall.industry.siemens.com/mall/tr/tr/Catalog/product?mlfb=5SY6601-7
https://support.industry.siemens.com/cs/ww/tr/ps/5SY6601-7

Image database (product images, 2D dimension drawings, 3D models, device circuit diagrams, ...)
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=5SY6601-7

CAx-Online-Generator

http://www.siemens.com/cax

Tender specifications
http://www.siemens.com/specifications
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http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=5SY6601-7
http://www.siemens.com/cax
http://www.siemens.com/specifications
https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_I202_XX_18119
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_I202_XX_15623
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