SIEMENS

Bilgi formu 3SU1250-2PQ10-1AAQ

Potentiometer, compact, 22 mm, round, metal, black, 1k ohm, with
holder, screw terminal

artin marka adi SIRIUS ACT
artin tanimi Potansiyometre
artin modeli Kompakt cihaz
Urdn tipi tanimi 3SuU1
dretici Grlin numarasi
e teslimat kapsamindaki tutucu 3SU1550-0AA10-0AA0

Mahfaza
komut yeri sayisi 1

Calistirma digmesi

calistirma elemani modeli Dugme
fonksiyon sekli galistirma elemani kademesiz ayarlanabilir, ddnme agisi 280°
renk
® calistirma elemani siyah
malzeme calistirma elemani plastik
form galigtirma elemani yuvarlak
dis ¢ap calistirma elemani 30 mm
maksimum saptirma agisi [°] 280°

On halka
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_IC03_XX_07751
https://mall.industry.siemens.com/tedservices/DatasheetService/DatasheetService?format=PDF&mlfbs=3SU1550-0AA10-0AA0&language=tr&caller=MALL

artin bilegeni 6n halka Hayir

Tutucu
malzeme tutucu Metal

Genel teknik veriler
izolasyon gerilimi

® anma degeri 500 V
kirlilik derecesi 3
IP koruma tiirii IP66, IP67, IP69(IP69K)
® baglanti terminali 1P20
NEMA koruma tiiri NEMA 1, 2, 3, 3R, 4, 4X, 12, 13
sok mukavemeti
e |EC 60068-2-27 uyarinca sinus yarim dalga 50 g/ 11 ms
mekanik kullanim siiresi (isletim gevrimleri)
® tipik 25000
referans isareti IEC 81346-2:2009 uyarinca S
referans isareti DIN EN 61346-2 uyarinca S

Baglantilar/Terminaller
elekirik baglantisi modeli vida baglantisi

baglanabilir iletken kesit tiri

o tek telli kablo ug islemeli 2x (0,5 ... 0,75 mm?)
e tek telli kablo ug islemesiz 2x (1,0 ... 1,5 mm?)
@ ince telli kablo ug islemeli 2x (0,5 ... 1,5 mm?)
¢ ince telli kablo ug islemesiz 2x (1,0 ... 1,5 mm?)
® AWG hatlarinda 2x (18 ... 14)

sikma torku tutucudaki vidalar 1...1,2Nm

stkma torku
® vida baglantisinda 0,8...1N'm

Ortam kosullari
ortam sicakhgi

® jsletim sirasinda -25...+70 °C
® depolama sirasinda -40 ... +80 °C
Cevre kategorisi isletim sirasinda IEC 60721 3M6, 3S2, 3B2, 3C3, 3K6 (10 ... 95% bagil nemde, 6n panel
uyarinca arkasinda bulunan tim cihazlar igin isletim esnasinda yogusmaya
izin verilmez)

Montaj/ Sabitleme/ Ebatlar

yukseklik 40 mm
genislik 30 mm
form montaj deligi yuvarlak
montaj ¢apl 22,3 mm
Montaj capinin pozitif toleransi 0,4 mm
montaj ylksekligi 19,4 mm
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montaj genisligi 30 mm

montaj derinligi 46 mm
Sertifikalar/Onaylar
General Product Approval Declaration of Conformity Test Certific-
ates
Miscellaneous Type Test Certific-
ates/Test Report
& Al Cé€ ==
CSA uL EG-Konf.
other
Confirmation
Diger bilgiler

Information- and Downloadcenter (Kataloglar, brosiirler, ...)
http://www.siemens.com/industrial-controls/catalogs

Industry Mall (Cevrimigi siparis sistemi)
https://mall.industry.siemens.com/mall/tr/tr/Catalog/product?mlfb=3SU1250-2PQ10-1AAQ

Cax online generator
http://support.automation.siemens.com/WW/CAXorder/default.aspx?lang=en&mlfb=3SU1250-2PQ10-1AA0

Service&Support (Kilavuzlar, isletme talimatlari, sertifikalar, karakteristikler, sik sorulanlar...)
https://support.industry.siemens.com/cs/ww/en/ps/3SU1250-2PQ10-1AA0

Resim veri tabani (iirtin fotograflari, 2 boyutlu ebat ¢izimleri, 3 boyutlu modeller, cihaz devre semalari, EPLAN Makros, ...)
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3SU1250-2PQ10-1AA0&lang=en
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https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=439&ci=460&cao=549
https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=439&ci=497&cao=586
https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=439&ci=3020&cao=3021
https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=444&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=445&ci=496&cao=553
https://support.industry.siemens.com/cs/WW/tr/ps/3SU1250-2PQ10-1AA0/Certificate?ct=447&ci=454&cao=553
http://www.siemens.com/industrial-controls/catalogs
https://mall.industry.siemens.com/mall/tr/tr/Catalog/product?mlfb=3SU1250-2PQ10-1AA0
http://support.automation.siemens.com/WW/CAXorder/default.aspx?lang=en&mlfb=3SU1250-2PQ10-1AA0
https://support.industry.siemens.com/cs/ww/en/ps/3SU1250-2PQ10-1AA0
http://www.automation.siemens.com/bilddb/cax_de.aspx?mlfb=3SU1250-2PQ10-1AA0&lang=en
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_IC03_XX_14656

1 KOhm

Son degisiklik: 17.09.2019 @
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_IC03_XX_08639

	Show online product information: 


